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- 'Z U H I ' RIF. [Q.TY DESCRIPTION CODE B
MK:Q 1 | 1 |BODY 6M PLC RASPBERRY M-05351
2 1 |BASE 6M XT RASPBERRY M-05352
4 3 2 [NUT M2.5X0.45 PLASTIC PM10012028
4 1 |SPACER ROUND 5 X 3.2 X 4 PLASTIC PM10012031
5 1 |SPACER ROUND 5 X 3.2 X 8.7 PLASTIC | PM10012030
6 2 |SCREW TS M2.5X16 PLASTIC PM10012029
7 1 |PANEL PLC 6M M-03549 |
8 1 |HOOK MODULBOX LONG M-01900
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GENERAL.e  UNI EN 22768/1 Media (m) | Drawed: Checked: Revision description
SHEETNR. | Dimensionin mm | DRAWING BY Rigato N. Fanin F. Scale: 4 . 4
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Denomination:

KIT 6M XT PLC RASPBERRY PI
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