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NIMH Size : AA2100RTU-4 Technical Specification

Charge Characteristics

Low rate discharge
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Dimensions

Height (H) max. 508 0mm W

Width Wymax.  5900mm
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Performance Characteristics

Cycle life performance (IEC)

Safety Performance



