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Cable High Speed HDMI with Ethernet — HDMI Micro-D
male > HDMI-A female 3D 4K 20 cm

Opis 4K

This High Speed HDMI with Ethernet cable by Delock with HDMI
Micro-D connector can be used for data transfer, e.g. videos, pictures
etc. Thus it can e.g. convert the HDMI Micro-D port of the smart
phone into a HDMI-A port. Through the short cable the interface of
the device will be less strained compared to an adapter without cable.

20 cm

Numer artykutu 65687

EAN: 4043619656875
Kraj pochodzenia: China

Opakowanie: Torba na
zamek btyskawiczny

Szczegoty techniczne

¢ Connector:

High Speed HDMI Micro-D 19 pin male >

High Speed HDMI-A 19 pin female

High Speed HDMI with Ethernet (HEC) specification

Cable gauge: 36 AWG

Cable diameter: ca. 3.2 mm

Gold-plated connector

Transfer of audio and video signals

Data transfer rate up to 18 Gb/s

Resolution up to 3840 x 2160 @ 60 Hz (depending on the system and the connected

hardware)

e 3D support: up to 1920 x 1080 @ 60 Hz; 3840 x 2160 @ 30 Hz (depending on the
system and the connected hardware)

¢ Colour: black

¢ Length incl. connectors: ca. 20 cm

Wymagania systemowe

¢ A free HDMI-A interface
¢ Device with a HDMI Micro-D interface
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Zawarto$¢ opakowania

e HDMI Cable

Zdjecia
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Ogolne

Specyfikacja:

Interfejs
Ztacze 1:

Ztacze 2:

Wiasciwosci techniczne
Szybkos¢ transmisji danych:

Maksymalna rozdzielczos¢
ekranu:

HDMI 2.0

1 x HDMI-A Zenski

1 x 19-pinowe meskie ztacze HDMI Micro-D

up to 18 Gb/s

3D: 3840 x 2160 @ 30 Hz
3840 x 2160 @ 60 Hz

Maksymalna czestotliwos¢ 120 Hz
odswiezania:
Witasciwosci fizyczne
Wykonczenie ztgcza: poztacane
Wykonczenie pinow: poztacane
Materiat przewodnika: miedz
Srednica kabla: 36 AWG
3,2mm
Tarcza: triple
Diugoéc: 20cm
Kolor: czarny
Manufacturer information
Ulica Beeskowdamm 13/15
Kod pocztowy 14167
Miasto Berlin
Kraj Deutschland
Email info@delock.de

Strona internetowa
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